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5.22
[132.5]

13.2-15.8
[335.3-401.3]

19.00

[482.6]

MATERIAL ID

DESCRIPTION

760193862

SYSTIMAX 360 4U MODULE PANEL

6.96
[176.9]

NOTES:

1. SEE SYSTIMAX CATALOG FOR PART NUMBER

SUFFIXES TO INDICATE COLOR/PKG.

2. SEE SYSTIMAX CATALOG FOR COMPLETE LIST OF
PARTS RELATED TO THE USE OF THIS PRODUCT.

3. DIMENSIONS ARE IN INCHES[MM].

4. PART INCLUDES:
(1) SUBASSY, FRONT DOOR
(2) SUBASSY, MODULAR BEZEL
(1) PANEL, 360MP4U

(16) FACE PLATE, BLANKING, IP360/G2, FLANGELESS
(16) CLIP, SUBUNIT TUBE ROUTING AND RESTRAINING
(2) ASSEMBLY, DUAL TROMBONE REAR FIBER MANAGEMENT SYSTEM

(2) LATCH, UPPER CLAMP
(2) RETAINER, FIBER MANAGEMENT
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360MP-4U PANEL
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