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Revision E

Add Support Bracket

Open the hanger and attach it to an
adaptor or a tower member as
shown in the examples below.

Insert the support
bracket into the

appropriate slots.

Insert the cable and
close the hanger with

the screw and nut.

Recommended Hanger Spacing

Attaching Hangers

Flat member

31769
Hardware kit

31670
Round adaptor

31768A
Angle adaptor

Torque:
11-15 lb ft

(15-20 N·m)

Jam nut
(thin)

31771-4
Ceiling
adaptor

S

Waveguide

EW/EWP180/240

EW/EWP220

Cable

HJ/HT/LDF4

EFX2-50

FSJ2-50

LDF2-50

Gap (G)

1/4" (6.35 mm)

—

Gap (G)

—

—

—

—

Spacing (S)

20 in (508 mm)

20 in (508 mm)

Spacing (S)

30 in (762 mm)

30 in (762 mm)

30 in (762 mm)

30 in (762 mm)

G

Angle
adaptor

HJ/HT/LDF4
EW180/220

EFX2-50
FSJ2-50
LDF2-50EW240

HJ/HT/LDF4
EW220

EFX2-50
FSJ2-50
LDF2-50

EW240

EW180


