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1.0 GENERAL NOTES
1.1 ALL METRIC DIMENSIONS ARE IN BRACKETS [X. X]
1.2 SEE SHEET 4 FOR TFMHK4 - 4.50" O.D. PIPE KIT.
1.3 ADDITIONAL TF-M SERIES TABLE SHEET 2.
1.4 FOR PATENT INFO: hitps://www.cs-pat.com
2.0 DESIGN NOTES
2.1 UP TO 5% ADDITIONAL HARDWARE INCLUDED.
2.2 ANTENNAS MUST BE POSITIONED EQUALLY SPACED VERTICALLY BETWEEN SPAN OF FACE MOUNTS.
3.0 MANUFACTURING/SPECIAL REQUIREMENTS
3.1 TIGHTEN ALL BOLTS SECURING FLAT PLATES BY THE TURN-OF-NUT METHOD. TIGHTEN ALL U-BOLTS USING
TURN-OF-NUT METHOD WITH ATTENTION TO LEAVE EQUAL DISTANCE AND EQUAL FORCE ON EACH LEG OF
THE U-BOLT.
40TEST
5.0 PACKAGING
5.1 PACKAGING SHALL MEET COMMSCOPE REQUIREMENTS PER DOCUMENT IS-PL-3005
5.2 PRINTED DOCUMENT TO BE PLACED INSIDE POLYBAG AND THEN IN SHIPPING CONTAINER
5.3 EXTRA HARDWARE MAY BE SUPPLIED, BAGGED AND SHIPPED
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COMMSCOPE, INC. OF NORTH CAROLINA
TOLERANCES SAP MATERIAL MASTER
1PLACE X[X]+ .12[3.0] 3 PLACE xxx[.X] + .030[0.76]
2 PLACE XXX+ .06[1.5] ANGLES ¢ 2° SEE TABLE
FINISH MATERIAL
. 3 NAME DATE TITLE
< i s FACE MOUNT SERIES
DENSITY Ibs/in® g % g
MASS |531.67 Ibs Exh AD | VX107 0612672022
VOLUME | 1508 81 | 25% [ogveNs og72672022— SCALE | DOCUMENT NO.
SURFACE AREA i | 235 [EcN 40198118CMO 1:20 TF-M SERIES
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ITEM DESCRIPTION B === |3 | |2\ 813 2|8 8|8 3|3|8]|7 WEIGHT
— L L L = ' = — T = — O = = = — —
= |- | F B =5 = | S =S | S| E | E|E| =
TF-M2-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE 1 1 - - - - -2 |- - - - - - - - - 477.86 LBS
TF-M2S-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - -2 ] - - - - - -] - 512.30 LBS
TF-M2-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE 1 1 - - - - - -2 ] - - - - - - - - 512.98 LBS
TF-M2S-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - -2 ] - - - - - - 547.42 LBS
TF-M2-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE 1 1 - - - - - - -2 ] - - - - - - - 552.35 LBS
TF-M2S-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - - -2 ] - -] - - - 586.79 LBS
TF-M3-8 TOWER FACE MOUNT, 3.5" OD X 8 PIPE 1 - -2 |- - - - - - - - - - - - 531.67 LBS
TF-M3S-8 TOWER FACE MOUNT, 3.5" OD X 8' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 - -2 |- - - - - - - - -1 - 566.69 LBS
F-M3-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE 1 - |1 - -2 ] - - - - - - - - - - - 605.63 LBS
TF-M3S-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 -1 - -2 | - - - - - - -1 - - 640.65 LBS
TF-M3-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE 1 -1 - - -2 |- - - - - - - - - - 689.43 LBS
TF-M3S-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 -] - - -2 | - - - - - -] -] - 724.45 LBS
TF-M4-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE - - - - - - - - -3 - - - - - - 615.25 LBS
TF-M4S-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT - - -1 - - - - - -3 - - -1 1 - 659.93 LBS
F-M4-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE - - -1 - - - - - -1l 2 ] - - - - - 751.16 LBS
TF-M4S-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE,W/ (1EA) 2.38"X 63" STRUT SUPPORT - - -1 - - - - - -1l 2 ] - -] 1 - 795.84 LBS
TF-M252-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - -2 | - - - -2 ] - -2 ] - 546.74 LBS
TF-M2S2-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - -2 ] - - -2 ] - -2 ] - 581.86 LBS
TF-M252-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - - -2 ] - -2 ] - -2 ] - 621.23 LBS
TF-M3S2-8 TOWER FACE MOUNT, 3.5" OD X 8' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 -] -2 ] - - - - - - - -2 -] 2| - 601.71 LBS
TF-M3S2-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 -] - -2 ] - - - - - - -2 -] 2| - 675.67 LBS
TF-M3S2-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 -] - - -2 ] - - - - - -2 -] 2 | - 759.47 LBS
TF-M4S2-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT - - - - - - - - -3 ] - - -2 ] 2 | - 704.61 LBS
TF-M4S2-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE,W/ (2EA) 2.38"X 63" STRUT SUPPORT - - -] - - - - - -1 2 |- -2 ] 2 ] - 840.52 LBS
TF-ML2-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE,W/14" STAND-OFF 1 1 - - - - -2 ] - - - - - - - -] 517.23 LBS
TF-ML2-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE,W/14" STAND-OFF 1 1 - - - - - -2 |- - - - - - -] 552.35 LBS
TF-ML2-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE,W/14" STAND-OFF 1 1 - - - - - - -2 |- - - - - - 591.73 LBS
TF-ML3-8 TOWER FACE MOUNT, 3.5" OD X 8' PIPE,W/14" STAND-OFF 1 -1 -2 |- - - - - - - - - - - 569.42 LBS
TF-ML3-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE,W/14" STAND-OFF 1 -1 - -2 | - - - - - - - - - - 643.39 LBS
TF-ML3-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE,W/14" STAND-OFF 1 -1 - - -2 | - - - - - - - - -] 727.19 LBS
TF-ML4-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE,W/14" STAND-OFF - - -] - - - - - -3 - - - - - 652.46 LBS
TF-ML4-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE,W/14" STAND-OFF - - - - - - - - -1l 2 ] - - - -1 788.38 LBS
TF-ML2S-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - -2 | - - - -1 - -] 1 551.67 LBS
TF-ML2S-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - -2 ] - - -] - -] 1 586.79 LBS
TF-ML2S-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - - -2 | - -] - -] 1 626.17 LBS
TF-ML3S-8 TOWER FACE MOUNT, 3.5" OD X 8' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 -] -2 ] - - - - - - - -] -] 1 604.44 LBS
TF-ML3S-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 -] - -2 ] - - - - - - -1 -] 1 678.41 LBS
TF-ML3S-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT 1 -1 - - -2 ] - - - - - -1 -] 1 762.21 LBS
TF-ML4S-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT - - -] - - - - - -3 ] - - -] 1 1 697.14 LBS
TF-ML4S-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE,W/14" STAND-OFF, W/ (1EA) 2.38"X 63" STRUT SUPPORT - - - - - - - - -1 ]2 |- - 1 1 833.06 LBS
TF-ML2S2-8 TOWER FACE MOUNT, 2.38" OD X 8' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - -2 ] - - - -2 ] - -2 |1 586.11 LBS
TF-ML2S2-14 TOWER FACE MOUNT, 2.38" OD X 14' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - -2 ] - - -2 ] - -2 | 621.23 LBS
TF-ML2S2-20 TOWER FACE MOUNT, 2.38" OD X 20' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 1 - - - - - - -2 ] - -2 ] - -2 ] 660.61 LBS
TF-ML3S2-8 TOWER FACE MOUNT, 3.5" OD X 8' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 - -2 |- - - - - - - -2 -] 2 |1 639.46 LBS
TF-ML3S2-14 TOWER FACE MOUNT, 3.5" OD X 14' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 - - -2 ] - - - - - - -2 -] 2 |1 713.43 LBS
TF-ML3S2-20 TOWER FACE MOUNT, 3.5" OD X 20' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT 1 - - - -2 |- - - - - -2 -] 2 |1 797.23 LBS
TF-ML4S2-8 TOWER FACE MOUNT, 4.5" OD X 8' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT - - - - - - - - - 3| - - -2 ] 2] 1 741.82 LBS
TF-ML4S2-14 TOWER FACE MOUNT, 4.5" OD X 14' PIPE,W/14" STAND-OFF, W/ (2EA) 2.38"X 63" STRUT SUPPORT - - - - - - - - -1 2 ] - -2 ] 21 877.74 LBS
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OPTIONAL
DISH DIAMETER TO TOWER FACE MOUNT CHART TOWER FACE MOUNT STRUT SUPPORTS
TOWER FACE MOUNT PART NO DESCRIPTION TF-M SERIES

o) i I o) 3 < o) AN

DISH & % Q & > 3 3 Y TF-MSS-2 TOWER FACE MOUNT STRUT SUPPORT 2-3/8"0D X 2-3/8'0D TF-M2-XX
DIAMETER i = = = = = H T

= = = = = = = = TF-MSS-3 TOWER FACE MOUNT STRUT SUPPORT 2-3/8"0D X 3-1/2'0D TF-M3-XX

2(0.6m) X X X X X X X X TF-MSS-4 TOWER FACE MOUNT STRUT SUPPORT 2-3/8"0D X 4-1/2"0D TF-M4-XX
4'(1.2m) X X X X X X X X
6'(1.8m) X X X X X X
8 (2.4m) X X X X X
10' (3.1m) X X X X X
12'(3.7m) X X X

15' (4.6m) X

NOTE: CONSULT FACTORY/DISTRIBUTOR
FOR CORRECT ASSEMBLY.
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OPTIONAL TF-ST
TOWER FACE MOUNT STAND-OFF
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