
1.0 GENERAL 
1.1  ALL METRIC DIMENSIONS ARE IN BRACKETS
1.2  FOR PATENT INFO :https://www.cs-pat.com

2.0 DESIGN NOTES
3.0 MANUFACTURING/SPECIAL REQUIREMENTS

3.1  TORQUE 1/4" HARDWARE 7 FT-LBS
                TORQUE 3/8" HARDWARE 25 FT-LBS
4.0 TEST
5.0 PACKAGING

GROUNDING LOCATION

CC

BB

GROUNDING LOCATION

MTC4091-0041-XX
PLATE, RADIO MOUNTING

MTC4091-0022-XX
CLAMP, STRAND MOUNT CABLE

MTC4091-0024-XX
BRACKET, STRAND MOUNTING

MTC4091-0023-XX
PLATE, EXTENSION

AA

GROUNDING LOCATION

GROUNDING LOCATION

PARTS ARE USED FOR INSTALLATION PURPOSES
AND MUST BE REMOVED AFTER INSTALLATION

PARTS ARE USED FOR INSTALLATION PURPOSES
AND MUST BE REMOVED AFTER INSTALLATION 

DETAIL AA
SCALE 1 : 1

PARTS ARE USED FOR INSTALLATION PURPOSES
AND MUST BE REMOVED AFTER INSTALLATION

1/4" SS FLAT WASHER

1/4" SS LOCK WASHER

1/4"-20 SS NUT

1/4"-20 X 12" SS THREADED ROD

DETAIL CC
SCALE 1 : 1

GROUNDING LOCATION

1/4"-20 SS BOLT

1/4"-20 SS NUT

1/4" LOCK WASHER

1/4" FLAT WASHER
1/4"-20 SS NUT

1/4" FLAT WASHER

1/4" STAR WASHER
(SHOULD BE TOUCHING & SCRATCHING PAINT 
OF THE PLATE, RADIO MOUNTING TO OBTAIN
PROPER GROUNDING)

1/4" FLAT WASHER

MTC4091-0041-XX
PLATE, RADIO MOUNTING

DETAIL BB
SCALE 1 : 1

STRAND CLAMPING

MTC4091-0022-XX
CLAMP, STRAND MOUNT CABLE

MTC4091-0024-XX
BRACKET, STRAND MOUNTING

MTC4091-0023-XX
PLATE, EXTENSION

3/8"-16 X 1-1/2" SS BOLT

3/8" SS LOCK WASHER

3/8"-16 SS HEX NUT

MAIN STRUCTURE OF KIT
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1.6 41

1.1 29

A

A

1.5 38

3.7 93

3.1 79

1.7 44

SECTION A-A
SCALE 1 : 4

1.3 33

1.8 47

CONFIGURATION FOR MOUNTING 
NOKIA 5W AIRSCALE RADIO
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8.5 216

2.8 72 4.7 119 B

B

C

C

EE

DD

DETAIL EE
SCALE 1 : 1

MTC4091-0024-XX
BRACKET, STRAND MOUNTING

1/4"-20 X 1" SS BOLT
1/4" SS FLAT WASHER

1/4" SS LOCK WASHER

1/4"-20 SS HEX NUT

MTC4091-0041-XX
PLATE, RADIO MOUNTING

DETAIL DD
SCALE 1 : 1

MTC4091-0018-XX
BRACKET, PARALLEL ANTENNA

1/4"-20 SS BOLT

1/4" SS FLAT WASHER

1/4"-20 SS HEX NUT

1/4" SS LOCK WASHER

MTC4091-0041-XX
PLATE, RADIO MOUNTING

5.0 127 2.5 64

8.5 216
.7 18

VIEW -
CONFIGURATION FOR MOUNTING 

RADIO WITHOUT BATTERY

MTC4091-0044-XX
BRACKET, UPPER RADIO MOUNTING

MTC4091-0025-XX
BRACKET, LOWER MOUNTING

4.7 119 2.8 72

6.0 152

2.0 50 2.0 50

SECTION B-B

MTC4091-0044-XX
BRACKET, UPPER RADIO MOUNTING

MTC4091-0025-XX
BRACKET, LOWER MOUNTING

MTC4091-0047-XX
BRACKET, STRAND BOTTOM SUPPORT

MTC4091-0023-XX
PLATE EXTENSION3.5 89

4.3 108

.8 20

SECTION C-C

MTC4091-0025-XX
BRACKET, LOWER MOUNTING

MTC4091-0043-XX
BRACKET, POD-8 TOP MOUNTING

CONFIGURATION FOR MOUNTING 
NOKIA 5W AIRSCALE RADIO
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2.2 561 24
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1.3 33

1.8 47

1.7 44

3.1 791.5 38

3.7 93

SECTION D-D

CONFIGURATION FOR MOUNTING 
NOKIA 20W AWHHF RADIO
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H

H

G

G

E

E

F

F

MAIN STRUCTURE

SECTION G-G
SCALE 1 : 2

MOUNTING OF BOTTOM BRACKETS 
FOR NOKIA RADIO AND POD-8 

UNITS

MTC4091-0025-XX
BRACKET, LOWER MOUNTING

(FOR MOUNTING NOKIA RADIO)
MTC4091-0025-XX

BRACKET, LOWER MOUNTING
(FOR MOUNTING POD-8 UNIT)

MTC4091-0025-XX
BRACKET, LOWER MOUNTING
(FOR MOUNTING NOKIA RADIO)

SECTION E-E
SCALE 1 : 2

MOUNTING OF UPPER BRACKETS
FOR NOKIA RADIO UNITS

MTC4091-0044-XX
BRACKET, UPPER RADIOMOUNTING

MTC4091-0022-XX
CLAMP. STRAND MOUNT CABLE

MTC4091-0023-XX
PLATE, EXTENSION

DETAIL FF
SCALE 1 : 1

RADIO LOWER MOUNTING

1/4"-20 X 1-1/2" SS BOLT

1/4" X 1/2" LG 
UNTHREADED SPACER

1/4"-20 SS HEX NUT

1/4” SS LOCK WASHERMTC4091-0041-XX
PLATE, RADIO MOUNTING

MTC4091-0025-XX
BRACKET, LOWER MOUNTING
(FOR MOUNTING NOKIA RADIO)

DETAIL LL
SCALE 1 : 1

STRAND MOUNTING CLAMP

3/8"-16 X 1-1/2 SS BOLT

3/8"-16 SS HEX NUT

3/8" LOCK WASHER

SECTION H-H
SCALE 1 : 2

MOUNTING OF BOTTOM SUPPORT

MTC4091-0023-XX  
PLATE, EXTENSION

MTC4091-0047-XX  
BRACKET, STRAND 
BOTTOM SUPPORT

SECTION F-F
SCALE 1 : 2

MOUNTING OF UPPER BRACKET
FOR POD-8 UNIT

MTC4091-0043-XX
BRACKET, POD-8 TOP MOUNTING

MTC4091-0041-XX
PLATE, RADIO MOUNTING MTC4091-0041-XX

PLATE, RADIO MOUNTING

MTC4091-0044-XX
BRACKET, UPPER RADIO MOUNTING

(FOR NOKIA RADIO)

MTC4091-0044-XX
BRACKET, UPPER 
RADIO MOUNTING
(FOR NOKIA RADIO)

DETAIL GG
SCALE 1 : 1

POD-8 LOWER MOUNTING

1/4”-20 X 1” SS BOLT

1/4” SS FLAT WASHER

1/4” SS LOCK WASHER
1/4”-20 SS HEX NUT

DETAIL KK
SCALE 1 : 1

TOP MOUNTING 
FOR NOKIA RADIOS

1/4”-20 x 1” SS BOLT

1/4” FLAT WASHER
1/4” SS HEX NUT

1/4” SS LOCK WASHER
1/4” FLAT WASHER

DETAIL JJ
SCALE 1 : 1

1/4"-20 X 1" SS BOLT

FLAT WASHER, 1/4" SS

FLAT WASHER, 1/4" SS
1/4" SS LOCK WASHER

1/4"-20 SS HEX NUT

DETAIL MM
SCALE 1 : 1

POD-8 UPPER MOUNTING

1/4"-20 X 1" SS BOLT

1/4"-20 HEX NUT

1/4" LOCK WASHER
1/4" FLAT WASHER

1/4" FLAT WASHER

DETAIL HH
SCALE 1 : 1

1/4"-20 X 1" SS BOLT

1/4" SS FLAT WASHER 1/4" SS LOCK WASHER

1/4"-20 SS HEX NUT

MTC4091-0041-XX
PLATE, RADIO MOUNTING

MTC4091-0047-XX
BRACKET, STRAND BOTTOM SUPPORT

MOUNTING DETAILS FOR 
MOUNTING BRACKETS TO THE 

PLATE, RADIO MOUNTING
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1.3 32 1.3 32

2.0 50

K

K

SECTION K-K
SCALE 1 : 2

ERICSSON RADIO HANGING PIN
ON RADIO

1/4"-20 SS BOLT

MTC4091-0042-XX
CLAMP, RADIO MOUNTING

1/4"-20 SS HEX NUT

1/4" SS LOCK WASHER

1/4" SS FLAT WASHER

J

J

5.3 134

3.7 93

SECTION J-J

1.3 32 1.3 32

CONFIGURATION FOR MOUNTING 
ERICSSON RADIO
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MTC4091-0034-XX
BRACKET, ROTATING ANTENNA ANGLE
(MOUNT INSIDE THE MAIN STRUCTURE)

MTC4091-0023-XX
PLATE, ROTATION ANTENNA

MTC4091-0033-XX
BRACKET, ROTATING ANTENNA MOUNTING

MAIN STRUCTURE

MTC4091-0033-XX
BRACKET, ROTATING ANTENNA MOUNTING

MTC4091-0023-XX
PLATE, ROTATION ANTENNA

CONFIGURATION FOR MOUNTING 
DIRECTIONAL ANTENNA MOUNTING 

WITH ERICSSON RADIO
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4.00
.00

101.70
0.10

MTC4091-0034-XX
BRACKET, ROTATING ANTENNA ANGLE
(MOUNTED INSIDE THE MAIN STRUCTURE)

MTC4091-0023-XX
PLATE, ROTATION ANTENNA

MTC4091-0033-XX
BRACKET, ROTATING ANTENNA MOUNTING

MAIN STRUCTURE

PP

MTC4091-0041-XX
PLATE, RADIO MOUNTING

MTC4091-0033-XX
BRACKET, ROTATING
ANTENNA MOUNTING

MTC4091-0034-XX
BRACKET, ROTATING

ANTENNA ANGLE
(MOUNTED INSIDE THE MAIN STRUCTURE)

MTC4091-0034-XX
BRACKET, ROTATING
ANTENNA ANGLE
(MOUNTED INSIDE THE MAIN STRUCTURE)

MTC4091-0018-XX
BRACKET, SHORT
PARALLEL ANTENNA

MTC4091-0023-XX
PLATE, ROTATION ANTENNA

MTC4091-0033-XX
BRACKET, ROTATING ANTENNA MOUNTING

DETAIL NN
SCALE 1 : 1

MTC4091-0018-XX
BRACKET, SHORT

PARALLEL ANTENNA

MTC4091-0033-XX
BRACKET, ROTATING
ANTENNA MOUNTING

1/4" SS FLAT WASHER

1/4" SS LOCK WASHER

1/4"-20 SS HEX NUT

1/4"-20 X 1" SS BOLT

DETAIL PP
SCALE 1 : 1

1/4" SS LOCK WASHER

1/4"-20 SS HEX NUT
1/4"-20 X 1" SS BOLT

1/4"-20 X 1 SS BOLT
1/4"-20 SS HEX NUT

1/4" SS LOCK WASHER

MTC4091-0023-XX
PLATE, ROTATION ANTENNA

MTC4091-0033-XX
BRACKET, ROTATING ANTENNA MOUNTING

1/4"-20 X 1 SS BOLT

1/4"-20 SS HEX NUT

1/4" SS LOCK WASHER

MTC4091-0034-XX
BRACKET, ROTATING ANTENNA ANGLE

MOUNTING DETAILS FOR MOUNTING 
DIRECTIONAL ANTENNA
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