
7/16 DIN Bulkhead Connector

Panel Template Panel Cutout Spacing

Additional Tools Required for Fitting
21 AND 41 mm Spanners
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FOR LDF4-50A HELIAX ® Coaxial Cable

TYPE
114532

Bulletin  101627
Revision A

5mm [13/64] max
1.5 [1/16] min

Panel Thickness

3.2mm
[1/8]

  Ø33.5mm
  [Ø1-5/16]

100mm  typ
[3-15/16]

19.0mm
[3/4]

INSTALLATION
INSTRUCTIONS


